

















AcuNav 8F*
Frequency Bandwidth: 3.0 - 10.0 MHz

Compatible With: ACUSON Sequoia echocardiography system
ACUSON CV70 cardiovascular system
ACUSON Cypress cardiovascular system
ACUSON Sequoia ultrasound system

Exam Types: Intracardiac Echo

Design Attributes:

¢ 8 french catheter (2.7 mm diameter)

¢ 110 cm insertable length

* Sterile, single-use advanced miniaturization AcuNav ultrasound catheter family
* Reusable SwiftLink catheter connector

* Four-way steering in two planes: 160° in each direction

e Longitudinal side-fire imaging

* For purchase or inquiries, contact Biosense Webster: USA (909-839-8500 and 800-729-9010),
Belgium (32-2-352-1411)
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Local Contact Information
Siemens Medical Solutions USA, Inc.
51 Valley Stream Parkway

Malvern, PA 19355-1406 USA
Telephone: +1-888-826-9702
www.usa.siemens.com/healthcare

Frequency Bandwidth measurements Europe: + 49 9131 84-0
represent bandwidth at +/-20dB. Asia Pacific: + 65 6490 6000

Global Business Unit Address
Siemens Medical Solutions USA, Inc.

128XP/10C, ACUSON, AcuNav, Aspen, CV70, Ultrasound

Cypress, Elegra, G40, G50, G60 S, MultiHertz, 1230 Shorebird Way

$2000, Sequoia, SONOLINE, SwiftLink, X150, Mountain View, CA 94043 USA
X300 and X500 are trademarks of Siemens Telephone: +1-888-826-9702
Medical Solutions USA, Inc. www.siemens.com/healthcare

Legal Manufacturer

Siemens Medical Solutions USA, Inc.
Ultrasound

1230 Shorebird Way

Mountain View, CA 94043 USA
Telephone: +1-888-826-9702
www.siemens.com/healthcare
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